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Amphenol

WAVE

Type Prefix Freq (GHz) | VSWR* DWV** Coupling Relative Size | Competitor Equivalents | Notes
7/16 84 6 1.15:1 4000 Threaded 3X
1.85mm 33 65 1.60:1 500 Threaded 1X Mates to 2.4mm
2.4mm 16 50 1.40:1 500 Threaded 1X 0S-24 Mates to 1.85mm
2.92mm 15 40 1.34:1 750 Threaded 1X 0S-2.92 Mates to SMA
3.5mm 92 26.5 1.30:1 500 Threaded 1X 0S-3.5 Mates to SMA
BMA 17 22 1.15:1 1000 Slide-on 1X OSP
BMMA 14 28 1.30:1 750 Slide-on 0.75 X OSSP
BMZ 89 18 1.20:1 1000 Slide-on 0.75 X
BNC 47 6 1.20:1 1500 Bayonet 1.5 X
BZ 88 2 1.10:1 1500 Slide-on 1.5X
PN 65 18 1.30:1 3000 Threaded 25X
PTNC 45 18 1.20:1 1500 Threaded 2X (a)
SC 52 11 1.30:1 3000 Threaded 3X
SMA 29 18 1.20:1 1000 Threaded 1X OSM (a) (c)
SMB 23 4 1.10:1 1000 Slide-on 0.5X
SMC 22 10 1.40:1 1000 Threaded 0.5 X
SMP 12 40 1.40:1 500 Snap-on 0.25 X GPO, MMSP, OSMP
SMPM 32 65 1.30:1 325 Snap-on 0.2 X GPPO, MSSP, OSMPM
SMPS 38 100 1.30:1%** 250 Snap-on 0.15X G3PO
SSMA 27 36 1.30:1 750 Threaded 0.75 X OSSM (b)
SVMS 49 23 1.30:1 1500 Snap-on 1X GMS
TNC 40 15 1.30:1 1500 Threaded 2X (a)
TRIAX (BNC) 48 6 1.30:1 1500 Bayonet 2X
TRIAX (TNC) 48 11 1.30:1 1500 Threaded 2 X
TYPEN 50 12.4 1.30:1 3000 Threaded 25X
ZMA 87 18 1.20:1 1500 Bayonet 1.5X

(a) 12.4 GHz for mitered right angle version

(b) 18 GHz for mitered right angle version

(c) 26 GHz version available

* VSWR measured at maximum frequency

** DWV Values given at sea level and 25 degrees Celsius

*** Measured at 65 GHz

M39012 - Connectors

M83517 - Stripline Connectors
M55339 - Adapters

M31031 - Blindmate Connectors
M3933 - Attenuators




