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REVISIONS
EC NO DATE REV DESCRIPTION CHANGER
CY13-5876 | 13.01.09 B CHG. TITLE JORRY
CY13-5950 | 13.01.25 C CANCEL TINNED JORRY
E
4585
(2x)
1BAWG RED 28AWG RED [D | |
)
PN SOLDERED ({5:4)
[ D
1BAWG BLACK
NOTES
1. THIS PRODUCT MUST MEET EU 2002/95 EC ROHS COMPLIANCE.
kEREFAEU 2002/95 EC ROHS HEER I
2. ELECTRICAL PERFORMANCE REFER TO ES-000.
BARESEE S-000.
3. 28AWG WIRE SPEC.( &tk
1) WIRE 0D:0.7+/-0.05MM,
2) WIRE INSULATION: FEP C
3) CONDUCTOR:7/0.127 TINNED COPPER
LHUL STYLE:UL1371
S)TEMPERATURE RATING:105C
6) RATED VOLTAGE:300V
4. 18BAWG WIRE SPEC. G G |HST 2MM BLACK A/R —
1) WIRE 0D:2.05+/-0.05MM, F |18AWG/34STD,PLTD,PVC,RD,00=2.05MM,UL 1569 A/R
2) WIRE INSULATION: PVC E |18AWG/34STD,PLTD,PVCBK,0D-2.05MMULT569 A/R
3) CONDUCTOR:34/0.178 TINNED COPPER D | 28AWG,FEP,RED,0D:0.7MM,UL1371,VW-1 A/R
LHUL STYLE:UL1569 C | 28AWGFEP.BLACK,0D:0.7MMULT37 1,V W-1 A/R
S)TEMPERATURE RATING:105C B | TERMINAL 28-30AWG 2 B
6) RATED VOLTAGE:300V A | 4CKT HSGWHITE 1
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